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Socket

6-25-96
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Dimensions (In.)

Specifications:
» Maximum cable size: 5.5m (.216")

» Ratings: 5A @ 200VvDC/150 VAC maximum

* Insulation resistance: 100MQ @ 500VDC

* Center contact: silver and flash gold plated brass
» Ground contact: nickel and flash gold plated brass

* Insulation: noryl SE1

 Cable clamp: silver and flash gold plated brass
» Spring: nickel and flash gold plated spring steel

» Cap: nickel and flash gold plated brass

Mouser -
Stock No. Description
164-3400 |Nickel plated
164-3401 |Nickel plated (black ID ring)
164-3402 |Nickel plated (blue ID ring)
164-3405 |Nickel plated (red ID ring)
164-3406 |Nickel plated (white ID ring)
164-3407 |Nickel plated (yellow ID ring)
164-3410 |Flash gold plated
164-3411 |Flash gold plated (black ID ring)
164-3412 |Flash gold plated (blue ID ring)
164-3415 |Flash gold plated (red ID ring)
164-3416 |Flash gold plated (white ID ring)
164-3417 |Flash gold plated (yellow ID ring)
164-3420 |Flash gold socket assy/black chrome cap & spring
164-3421 |Flash gold socket assy/black chrome cap & spring (black ID ring)
164-3422 |Flash gold socket assy/black chrome cap & spring (blue ID ring)
164-3425 |Flash gold socket assy/black chrome cap & spring (red ID ring)
164-3426 |Flash gold socket assy/black chrome cap & spring (white ID ring)
164-3427 |Flash gold socket assy/black chrome cap & spring (yellow ID ring)

Your source for quality electronics. Toll-free full service

(800) 346-6873

http://www.mouser.com

1900S aulq-uj ouoyd  LZVE ‘9evE ‘SevE ‘¢eve ‘Tere-v9T

‘ON YO01S d3SNOIN

02ve ‘LTVE ‘9TYE 'STYE ‘CIVE ‘TTYE ‘0TVE ‘LOVE '90¥E ‘SOYE ‘2OVE ‘TOVE ‘00VE-¥9T

8T9TY0 -8 |




