174-3200
174-3205

ELECTRONICS 174-3206

Plugs

Dimensions (In.)

Specification:

Type: high end professional phono

Ratings: 200VDC 5A, 150VAC max.

Insulation resistance: 100MQ @ 500VDC

Maximum cable size: @.216"(85.5mm)

Contacts, collet: .5u gold plated brass

Insulation: PTFE(for a high dielectric constant)

Cap: gold plated brass

Spring: gold plated brass

Color band: none(174-3200), red(174-3205),
white(174-3206)
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(800) 346-6873
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