174-7123
174-7124 Cable Connectors

ELECTRONICS 174-7125
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Specifications: g,
» Type: male 7
» Housing: zinc high pressure diecast
 Finish: satin nickel or black chrome
» Contacts: silver plated solid brass
* Pin base moldings: noryl (UL94V-1)
» Grommets: santoprene
* Collets: acetal
» Working voltage: 250VDC or AC peak
» Test voltage: 1500VAC
» Contact resistance: 3mQ max.
« Temperature range: -30°C ~ +80°C ;
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Mouser Current :
of ; Wire
Stock No. Pins Rating Gauge
174-7123 3 16A 12AWG ]
174-7124 4 10A 16AWG o
174-7125 5 7.5A 18AWG %
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