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Dimensions (In.)

Specifications:

» Type: chassis mount T-1 3/4 Bezel

* Rated voltage: 2VDC

* Rated current: 20mA

* Insulation resistance: 100MQ min. @ 500vVDC
» Withstand voltage: 500VAC for 1 minute

» Body : ABS resin (chrome)

» Bottom: rubber

* Nut: nickel plated brass

» Washer: nickel plated steel
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