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36FT050 FT-4050 Flash Tube

Dimensions (In.)

2.126

< 1.969 >

r— 1.378 —PI ) .
[
)

\ Clear Conductive Coating
N
\ Vinyl Wire

Specifications:

e Tube material: hard glass

» Wall thickness: .9mm

« Type of gas: xenon

* Internal gas pressure: 150mm Hg

» Anode to cathode voltage (V): 220 min. 360 nom. 400 max.

« Max. energy per flash: 60 ws

* Flashes with max. energy input: max. flash rate 6/minute
Nominal life: 5000 flashes

« Trigger: 4KV min. voltage .6mws min. input

« Applications: photographic
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