
.591

32.4° 32.4°

ø.047
(+.007-0)

ø.087
(+.007-0)

R .272

.087
(+0-.004)

.138
(+0-.004)

25°±10°

M1.7x.35mm
3.50mm Deep

ø.492

.138

.098

.146
.035

.079

32.4° 32.4°

.039

.079

.591±.012

.165 .157

Shaft shown
in full CCW

position

Mounting Holes

Specifications:
• Type: PC mount, 12mm 

subminiature thumbwheel
• Resistance tolerance: ±20%
• Rotation angle: 230°±2°

• Rotation torque: 20~200gf.cm
• Rotation life: 15,000 cycles
• Stop strength: > 2Kgf.cm/min.
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1K, 5K, 10K, 50K, 100K, 500K
1K, 5K, 10K, 50K, 100K, 500K

Audio taper
Linear taper

Wattage
(W)

.04

.08
311-1202-Value
311-1206-Value

Voltage
(V) max.

100
150
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Dimensions (In.)
(except  where noted)


