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¢| 192020062 | A-945  |19z020008 | A-945T 2218 RED 069/1.75 147/3.74 | 1.070/27.18 | 1522/38 .67
192020018 B-931  |192020022 | B-931T 16-14 BLUE 095/2.41 185/470 | 1070/27.18 | 1524/38.71
192020037 |  C-946 |192020042 | ©-946T 1210 YELLOW 139/3.53 261/6.63 | 1.150/29.21 | 1.561/39.65
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