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Universal Compression
Crimp Tool
AMP Kit Part Number
1055835-1
M/A-COM Kit Part Number
2598-5200-54

AMP Universal Compression
Crimp Tool offers the ability
to rapidly produce cable
assemblies using solderless
compression crimp connec-
tors with semi-rigid cables.
This universal assembly tool
kit will attach SMA, OSP, N
and TNC series connectors
to .141 [3.58], .085 [2.16]
and .250 [6.35] cable
quickly and consistently
with excellent mechanical
and electrical results.

The tool kit permits single
hand assembly. Anvils and
cable supports can be
quickly changed. Crimp
lengths can be adjusted
from .001 [.025] to 1.000
[25.4] in increments of .001
[.025]. Sharp radius bends
in cables are easily accom-
modated. The kit contains:

AMP M/A-COM
Item Description Part No. Part No.

(Ref. Only)
Center Contact Holder 1055454-1 2098-5221-10

Dielectric Insert Tool
1055448-1 2098-5215-02
1055447-1 2098-5214-02

Dielectric Recess Tool 1055450-1 2098-5217-54
Fixture Sub-Assembly 1055439-1 2098-5206-54
Inserts — .085 [2.16] (2) 1055441-1 2098-5208-54
Inserts — .141 [3.58] (2) 1055440-1 2098-5207-54

1055442-1 2098-5209-02

Locator Tool
1055443-1 2098-5210-02
1055446-1 2098-5213-02
1055451-1 2098-5218-02

Retainer Ring Pliers 1055449-1 2098-5216-54
Solder Gauge .010 [0.25] 91362-6 2098-5516-02
Solder Gauge .015 [0.38] 91362-1 2098-5212-02
Solder Gauge .018 [0.46] 91362-2 2098-5211-02

Description AMP Part No. M/A-COM Part No. (Ref. Only)
Crimp Frame 1055831-1 2598-5196-54
Calibration Gauge 1055832-1 2598-5197-54
.141 [3.58] Cable Support 1055833-1 2598-5198-54
.085 [2.16] Cable Support 1055834-1 2598-5199-54
SMA Plug Anvil 1055836-1 2598-5201-54
SMA Jack Anvil 1055837-1 2598-5202-54
Type N Plug Anvil 1055838-1 2598-5203-54
Type N Jack Anvil 1055839-1 2598-5204-54
TNC Plug Anvil 1055840-1 2598-5205-54
TNC Jack Anvil 1055841-1 2598-5206-54
OSP Plug Anvil 1055842-1 2598-5207-54
OSP Jack Anvil 1055843-1 2598-5208-54

All tools may be purchased separately.
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Solder Assembly Kit
Brass SMA Connectors
AMP Kit Part Number
1055420-1 
M/A-COM Kit Part Number
2098-5066-54
For installation of SMA 
connectors to .035 [0.89] 
and .141 [3.58] diameter
semi-rigid cable


