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SPECIFICATIONS
10A 125V AC

DC 500V 100MΩ Min

AC 1000V 1 Minute

-10°C to +80°C

Rating:

Insulation Resistance:

Dielectric Strength:

Temperature Range:

MATERIALS
Nylon

Nickel Plated Brass

.2-2.5mm

Insulation:

Metal:

Panel Thickness:

14.2±0.3
(.559±.012)

ø4.1±0.2
(.161±.008)

ø4

47.3±1.0
(1.862±.039)

15.7±0.3
(.618±.012)

11±0.3
(.433±.012)

15±0.3
(.59±.012)

ø2±0.2
(.079±.008)

M5x0.8

M7x0.75

ø3±0.2
(.118±.008)

ø16.2±0.3
(.637±.012)

1.3±0.2
(.512±.008)

ø12.8

11.8±0.1
(.465±.004)

+0
-.008

(.504       )+0
-.008

ø4+.004
 -0

(.157       )+.004
 -0

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.


