Panel Mount Iris Connector for PCB KOBICONN
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Dimensions: mm (In.)
ELECTRICAL SPECIFICATIONS
Rating: 0.5A 30VDC
SPECIFICATIONS : o
Withstand Voltage: 150VAC for 1 minute o)
RoHS Compliant Contact Resistance: 20m Q Max. @
Insulation Resistance: 100 VDC, 100M Q above a
Operation Temperature: | -10°C ~ +70°C %
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Available from Mouser Electronics KC- 300933
1-800-346-6873
www.mouser.com

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.



