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Dimensions: mm (in.)
SPECIFICATIONS
Type: 2 Pin RCA
Terminal Board & Insulation: | ABS
Pin Outer Shell: Nickel plated brass
Pin Inner Socket: Nickel plated brass
Insulator Color: Red, White
Recommended for noncritical, low voltage, low DC current applications.
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Date Last Revised: 10-20-08
Available from Mouser Electronics KC- 300965
1-800-346-6873 / www.mouser.com
Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.




