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IEEE 1394 Firewire, 6 Pin Receptacle
Right Angle (SMT)
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MATERIALS
Withstanding Voltage: DC 500 ±50V

Insulation Resistance: 100 Megaohms min.

Contact Resistance: 30 Milliohms max.

Housing: High Temperature Thermoplastics

Shell: Copper Alloy

Contacts: Copper Alloy

RoHS Compliant


