Coaxial Test Cables KOBICONN
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Dimensions: mm
SPECIFICATIONS
Conductor diameter: 0.813
Coaxial cable: RG-58U 50Q
PE dielectric core diameter: 2.95
PVC jacket overall diameter: 4.95
Characteristic impedance (10mhz): | 53 .5+2.5
Alligator clip insulation: Vixyl chloride
Alligator clip: nickel plated steel
BNC plug center contact: gold plated brass
BNC plug body: nickel plated brass
Date Last Revised: 12-05-08
Available from Mouser Electronics KC-301329
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Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.




