
8.0 (.315)

ø14.81
(ø.58)

ø10.01
(ø.39)

7.49 (.295)

3.99 (.157)

14.5
(.57)

.99 (.039)

5.0 (.197)

.51 (.02)

4.6
(.18)

M10
x 1mm

1.80
(.071)

.51
(.02)

6.2 (.244)

1.7 (.067)

ø10.21
(.402)

.787 x 2.01
(.031 x .079)

Pushbutton Switches
10PP422, 10PP423

Ref. #:  MS-100416Last Update: 4/20/05

www.mouser.com 1-800-346-6873

Dimensions: mm (In.)

Available from Mouser Electronics

Electrical Specifications:
• Contact resistance:  20mΩ max. @ 2.5VDC 1A
• Insulation resistance:  100MΩ min. @ 500VDC
• Dielectric Strength:  1500VAC for 1 minute
• Rating:  3A / 125VAC 1A / 250VAC
• Electrical life:  50,000 operation

Mechancial Specifications:
• Circuit:  2P SPST, Off - On
• Mechanical life:  100,000 operations

Materials:
• Contacts:  Silver plated silver clad copper
• Button Color:  red (10PP422), black (10PP423)

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.


