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Mechanical Specifications:
® Stroke: 0.25+0.20/-0.1 mm
® Operating Temperature: -25°C to +70°C
® Storage Temperature: -30°C to +80°C Note:
® Type: SPST ® RoHS compliant and process compatible with 260° solder.
® Not Washable
EIectrlcaI Specifications::
Electrical Life: 50,000 cycles for 160gf, 320gf
30,000 cycles for 260gf, 520gf
® Rating: 50mA/12VDC Color f
® Contact Resistance: 100mQ max. Mouser Height (H) olor 'c;r
® Insulation Resistance: 100M< min. at 500VDC Stock No. Operating Force
¢ Dielectric Strength: 250VAC/ minute 101-TS4311T5202-EV 0(.197) Y Yellow 520g
. . 101-TS4311T3202-EV 0(.197) S Salmon 320g
Materlals.‘ 101-TS4311T2602-EV 0 (.197) R Red 260g
® Cover: Stainless steel 101-TS4311T1602-EV 0(.197) N Brown 160g
® Base: Nylon or PPA high-temp. thermoplastic, brown 101-TS4311T5201-EV 4.3 (.169) Y Yellow 520g
® Stem: Nylon high-temp. thermoplastic 13}'1222“12231'53 g E}gg; g 3?4”‘;;:(3209
. - - . e g
Color: brown (160gdf), red (260gf), 101-TS4311T1601-EV 3(.169) N Brown 160g

salmon (320gf), yellow (520gf)
® Contact Disc: Stainless with silver cladding
® Terminal: Brass with silver cladding

Tactile Switches
101-TS4311T5202-EV, 101-TS4311T3202-EV, 101-TS4311T2602-EV Ou n al n
101-TS4311T2601-EV , 101-TS4311T5201-EV, 101-TS4311T3201-EV

101-TS431 ;T1 601-EV , 101-TS4311T1602-EV SW I t c

Available from Mouser Electronics WWwWWw.mouser.com 1-800-346-6873

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.



