
Ref. #:  MS-101222Last Update: 4-11-08

Electrical Specifications:
• Rating:  1mA/10VDC

• Insulation resistance:  Min: 100 MΩ (at 100VDC for 1 minute)

• Initial Contact resistance:  Max. 300mΩ

• Service Life: Rotation - Min. 200,000 operations (C.W. 100,000 & C.C.W. 100,000)
Push - Min. 1,000,000 operations

• Operating Frequency: Rotation - Max. 30 operations per minute
Push - Max. 120 operations per minute
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Dimensions: mm (in.)

Mechanical Specifications:
• Operating Force: Rotation Max 50gf-cm

Push 220±40gf

• Operating Temperature: 0°C ~40°C

• Storage Temperature: -40°C ~70°C

Soldering Process:
• Soldering Bath: Max. 260°C for 5 sec.

• Soldering By Hand: Max. 260°C for 5 secondsNote:
• RoHS Compliant
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