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a new dimension in fiber optic Iightng

T LIGHT EMITTING AREA -

LENGTH in FT, in., - LE1 | LENGTH in FT, in.,
Meter, mm Meter, mm

El Un-Twisted Section covered by Black PVC E2

Shrink Tubing
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SOLID STATE LIGHTING %

ABSOLUTE MAXIMUM RATING

SPECIFICATIONS

PARAMETER

MAX RATING

DC Forward Voltage

DC Forward Current

Operating Temperature
Range

Storage Temperature Range

Fiber Diameter

Weight

MECHANICAL DIMENSIONS (NOMINAL):

Base size: 90mm(L) x 60mm(W)
12V (+5%)

Height: 59 60mm
3.3A
20°C [ 45°C Full running length 115mm
-40°C / 100°C
14mm
280g

TYPICAL OPTICAL CHARACTERISTICS

AtTa = 25°C

COLOR  [TYPICAL CCT | FLUX (Im) | 7

1) (i)
White 6500 700
Red only 200 625
Green only 400 525
Blue only 100 470

CONNECTORS

*Mini USB for programming and DMX addressing

+Built on RJ45 for DMX control
*Optional XLR adapter

ORDERING INFORMATION

Device Type
S-Standard
Device Color

FLs-Co-0O0-0O

FiberLamp™

M-multi (RGB)
Rered only

G-green on
B-blue only
Wowhite onl

Color Distribution

ly

Y

Control Options

ith 12V power adapter
02-without power adapter
03-hardwired with 3ft. pigtail

O]
z
=
T
o
=
=
=<
w
[}
(e}
@D

A-Standard 7 pre-programmed modes
with LightMix computer control
D-DMX control

End Cap Options

O-standard

1-10mm-14mm diameter

2-10mm-14mm diameter with homagenizer
3-18mm-25mm diameter

4-18-25mm diameter with homogenizer

DiCon Fiberopiics, Inc. 1689 Regatia Bivd. Richmond, CA 94804 Tel. (510) 620-5000 Fax. (510)620-4100 wunw diconlighting com
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