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mm

Dielectric Withstanding Voltage:
        100VAC at sea level

        30 milliohms max.

        100 Megohms min.

Contact Resistance:

Insulation Resistance:

Insulator: UL94V-0 rated thermoplastic,

Contacts: phosphor bronze

        glass fiber filled, black color

        2 kg max.
Mating Force:

Withdrawal Force:
        0.5~4.0 kg

Shield: cold roll steel (front), brass (rear)

        Plating - 30u" gold on contact area,
        120u" min. tin on solder tails,
        all over 50u'' min. nickel underplating

        Plating - 120u" nickel over
        50u" min. copper

Tape and Reel (TR option)KMFSX-SMT-310B30TR

KMFSX-SMT-310B30

Part Number Packaging Options

Tubes (standard)


