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Accessor ies  -  Specia l  Par ts Tubeax ia l  Fan

LZ212 8300

LZ260 8300

LZ261 8400

LZ212 3300

LZ260 3300

LZ210 9000

LZ40N 9000

LZ40-1 9000

LZ60 9000

LZ210 4000

LZ40N 4000

LZ40-1 4000

LZ60 4000

LZ212 4300

LZ260 4300

LZ210 5100

LZ210 5600

LZ210 5200

LZ210 5900

LZ210 7000

LZ370 VARIOFAN

Screen LZ40N

Bracket LZ40-1

Filter LZ60

LZ 40N / LZ 40-1 / LZ 60 LZ 212

LZ 210
Screw clip of hardened
steel. For mounting fans
with threaded pin 6-32
UNC and/or 3.5 
DIN 7970.

LZ 370

LZ 120

LZ40N of black, fiberglass reinforced
plastic with inserted aluminium wire
mess LZ60.  Mounting with brackets
LZ40-1.

Screw clip of rust-resistant spring steel.
For mounting fans with threaded 
pin 3.5 DIN 7970.

LZ 260 / LZ 261

Spacer of fiberglass reinforced plastic.  For
screw mounting over both fan and mounting
flanges.

Connecting cable with molded plug.
(PVC, black).  Stranded wires with multi-core
cable ends.  For all types of fans with flat
pins .12 x .02 in (3.0 x 0.5 mm).

Temperature sensor for speed-controlled
fan operation. Temperature range 30...50 C.

24 (610)
39.4 (1000)

Cable Length in. (mm)Type Pins

.02 (.5)

.02 (.5)

Filter Kit for 119mm fans

10016-1-5170 Grill Guard
10017-1-5170 Grill Guard and Filter
10018-1-5170 Grill Guard, Filter, Spacer

Plug and Cord Sets
.110 x .02 inch (2.8 x .5 mm)

RIGHT  ANGLE CONNECTION
24 inch (610mm) 1434-4-6711-1
36 inch (914mm) 1434-4-6711-3
80 inch (2032mm) 1434-4-6711-80

Part Number Series

3.94 (100)

5.43 (138)

4.53 (115)

5.00 (127)

6.89 (175)

0.197 (5)

0.079(2)0.276(7)

0.157(4)

0.24(6)0.178(4.5)

2678-2-2945
Plastic shock and vibration mount for 
119/120 mm fans.

.16 in
4.1mm

.31 in
7.9mm

.56 in
14.2mm

.32 in
8.0mm

.69 in
17.6mm

.92 in
23.11mm
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 ebm-papst:   

  LZ210  LZ260  LZ261  LZ40-1  LZ40N  LZ60  LZ212  LZ550  51025-2-4053  51028-2-4053  51026-2-4053  51014-2-

4053  51027-2-4053  71887-2-4053  1247-4-6254  71884-2-4053  71883-2-4053  71882-2-4053  71881-2-4053  1306-

2-4017  71886-2-4053  71885-2-4053

http://www.mouser.com/ebm-papst
http://www.mouser.com/access/?pn=LZ210
http://www.mouser.com/access/?pn=LZ260
http://www.mouser.com/access/?pn=LZ261
http://www.mouser.com/access/?pn=LZ40-1
http://www.mouser.com/access/?pn=LZ40N
http://www.mouser.com/access/?pn=LZ60
http://www.mouser.com/access/?pn=LZ212
http://www.mouser.com/access/?pn=LZ550
http://www.mouser.com/access/?pn=51025-2-4053
http://www.mouser.com/access/?pn=51028-2-4053
http://www.mouser.com/access/?pn=51026-2-4053
http://www.mouser.com/access/?pn=51014-2-4053
http://www.mouser.com/access/?pn=51014-2-4053
http://www.mouser.com/access/?pn=51027-2-4053
http://www.mouser.com/access/?pn=71887-2-4053
http://www.mouser.com/access/?pn=1247-4-6254
http://www.mouser.com/access/?pn=71884-2-4053
http://www.mouser.com/access/?pn=71883-2-4053
http://www.mouser.com/access/?pn=71882-2-4053
http://www.mouser.com/access/?pn=71881-2-4053
http://www.mouser.com/access/?pn=1306-2-4017
http://www.mouser.com/access/?pn=1306-2-4017
http://www.mouser.com/access/?pn=71886-2-4053
http://www.mouser.com/access/?pn=71885-2-4053

