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ELECTRICAL SPECIFICATIONS
Rating: 300V 20A

Pitch: 5mm

Insulation AC 1500 V/min

Withstands Voltage:

Insulation Resistance 4A

Temp Range -40°C~+105°C

Screw Torque Value: 4Kgf-cm

Wire Gauge : 12-24 AWG
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MECHANICAL SPECIFICATIONS
Part Material

1 - Housing: PA66(V2) - Green

2 - Screw: Steel - M2.5/Zn Plated

3 - Wire Cage: Steel - M2.5/Zn Plated

4 - Solder Pin: Copper - Tin Plated

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.
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