Terminal Block Plugs
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Dimensions: mm (in.)

P 02P 03P 04P 05P 06P o7P 08P 09P 10P 11P 12P
U mm 5.00 10.00 15.00 20.00 26.00 30.00 35.00 40.00 | 45.00 50.00 55.00
V. mm 10.00 15.00 20.00 25.00 30.00 35.00 40.00 45.00 | 50.00 55.00 60.00
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ELECTRICAL SPECIFICATIONS MATERIAL SPECIFICATIONS
Rating: 300V 15A Base housing (5): | PA66, Green
Pitch: 5.00 mm Clamp (4): Bronze, Solder Plated
Insulation withstands voltage: | AC 2000V/Min Screw (3): Steel, M2.5 Zinc Plated
Insulation resistance: 500MQ or more at DC500V Wire cage (2): Steel, M2.5 Zinc Plated
Temperature range: -40°C~ +105°C Top Housing (1): | PA66, Green
Screw torque value: 4kgf - cm (max.) RoHS Compliant
Electric wire: 28 ~12 AWG
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