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Piezoelectric Buzzer Element
(External Drive)

Ag Electrode

Piezo Ceramic

Date: 08/23/12

Dimensions: mm (in.)

Double-coated Pressure '

Piezoelectric Buzzer Element

09+.40 Sensitive Adhesive Foam Tape
(0.354+.016) Thickness: 1.67+.20mm
015+.10
(0.59+.004)
.10+.03 2 (.079)
(.004+.001) —
=\
1.67+.20
_1.o/%.20 | .23+.05
(.0661.008) 014 (Q-OSS) (.009i.002)

Electrical Specifications:

+ Resonant Frequency: 5.8K Hz + 0.5
+ Resonant Impedance: 800Q (max.)
+ Input Voltage: 30 Vp-p (max.)

Materials:
+ Lead Wire: Awg32
* Plate: Brass

KT-400450

Mechanical Specifications:

+ Type: External drive

+ Operating Temperature: -20°C ~ +60°C
+ Storage Temperature: -30°C ~ +70°C

Note:
+ RoHS Compliant by exemption

Available from Mouser Electronics
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Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.
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