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Plastic Metallized Locking Hood, RFI/EMI Shielded, Straight Cable Exit

Nickel over copper plating

Size DB15

± .004

Designed to fit our 152 and 156 connectors

Type:

Material:

Shell:

Tolerance:

Mate:

Specifications are subject to change without notice.   No liability or warranty implied by this information.   Environmental compliance based on producer documentation.
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