Jumper Lead KOBICONN
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Dimensions: In.
SPECIFICATIONS
Maximum Rating: 100VAC @ 1A
Dielectric Strength: 2000VAC for 1 minute
Insulation Resistance: 100MQ @ 500VDC
Colors (2 Each): Red, Black, Green, Yellow, White
Set of 10 Wires: .18mm O.D. x 12 strands
Wire Guage: 22 AWG
Net Weight: 105 grams
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Date Last Revised: 9-10-12 N
Available from Mouser Electronics KC- 300811
1-800-346-6873 / www.mouser.com
Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.
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