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Ref.

#: MS-200272

Dimensions: mm (In)
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Electrical Specifications: Materials: Mouser L
® Rating: 3A/125VAC, 1A/250VAC ® Toggle: nickel plated brass Stock No Type Circuit
® Contact resistance: 20mQ (max.) ® Terminals: solder S . oPS on-O
® |nsulation resistance: 500VDC 100MQ (min.) 108-MSS50K | 2P SPST n - Off
® Dielectric Strength: 1000VAC for 1 minute 108-MSS50A 8P SPDT On - On
108-MS550C 3P SPDT On - Off - On
108-MS550H 6P DPDT On - Off - On

Miniature Toggle Switches

108-MS550K, 108-MS550A, 108-MS550C, 108-MS550H
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Switch

Available from Mouser Electronics

www.mouser.com

1-800-346-6873

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.
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Mountain Switch:
108-MS550H 108-MS550A 108-MS550K 108-MS550C



http://www.mouser.com/
http://www.mouser.com/access/?pn=108-MS550H
http://www.mouser.com/access/?pn=108-MS550A
http://www.mouser.com/access/?pn=108-MS550K
http://www.mouser.com/access/?pn=108-MS550C

