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Click to View Pricing, Inventory, Delivery & Lifecycle Information:

PacTec:
K-CM69-240 EMI/RFI SHIELD 62177-01-028 CM69-240 Black 63274-510-039 CM69-240 Bone Kit 63270-510-000

CM69-240 Black Kit 63280-510-000 CM69-240 BLACK SHIELDED



http://www.mouser.com/pactec
http://www.mouser.com/access/?pn=K-CM69-240 EMI/RFI SHIELD
http://www.mouser.com/access/?pn=62177-01-028 CM69-240 Black
http://www.mouser.com/access/?pn=63274-510-039 CM69-240 Bone Kit
http://www.mouser.com/access/?pn=63270-510-000 CM69-240 Black Kit
http://www.mouser.com/access/?pn=63270-510-000 CM69-240 Black Kit
http://www.mouser.com/access/?pn=63280-510-000 CM69-240 BLACK SHIELDED

