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 1.  GENERAL SPECIFICATIONS: BIVAR MOLDED COMPONENT SPECIFICATION BV00-E101.

 2.  MATERIAL: NYLON 6/6, 94V-2, WHITE.

TITLE:

4  THOMAS, IRVINE, CA. 92618
TEL: (949) 951-8808      FAX: (949) 951-3974

PERM-O-PAD TO-5 MOUNT

CAGE CODE :  32559

PART NO:
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 BIVAR:   

  514-050  514-060  514-070  514-100  514-120  514-080  514-090  514-110  514-130  514-140  514-150  514-160 
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http://www.mouser.com/access/?pn=514-210
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