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| Specifications
|
Rated Operating Current Input Speed Max. Max. Static Noise Mass
MODEL Voltage Voltage Power Air Flow Pressure
Product | (v) ) (A W)yt [(min?y" | CFM™ [(m¥min)* |in H20 | (Pa)* | @B)' | (g)
3610SB-04W-B20- | B/EXX 12 6~13.8 0.07 0.84 2050 35.7 1.01 0.09 21.5 25.0 95
3610SB-04W-B30- | B/EXX 12 6~13.8 0.10 1.20 2400 41.3 1.17 0.12 29.5 28.0 95
3610SB-04W-B40- | B/EXX 12 6~13.8 0.13 1.56 2750 48.4 1.37 0.15 38.4 32.0 95
3610SB-04W-B50- | B/EXX 12 6~13.8 0.15 1.80 3100 54.4 1.54 0.19 47.9 35.0 95
3610SB-05W-B20- | B/EXX 24 12~27.6 0.04 0.84 2050 35.7 1.01 0.09 21.5 25.0 95
3610SB-05W-B30- | B/EXX 24 12~27.6 0.05 1.20 2400 41.3 1.17 0.12 29.5 28.0 95
3610SB-05W-B40- | B/EXX 24 12~27.6 0.07 1.56 2750 48.4 1.37 0.15 38.4 32.0 95
3610SB-05W-B50- | B/EXX 24 12~27.6 0.08 1.80 3100 54.4 1.54 0.19 47.9 35.0 95

Rotation: Clockwise

Airflow Outlet: Air Out Over Struts

*1: Average Values in Free Air

1.8



Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

NMB Technologies:

3610SB-04W-B29-E50 3610SB-04W-B40-BO0 3610SB-05W-B59-E50 3610SB-04W-B39-B50 3610SB-05W-B40-
EOO0 3610SB-05W-B59-E00 3610SB-05W-B60-BO0 09225SA-24M-AL-00 09225SA-24L-EA-00 09225SA-12M-EA-00
09225SA-24K-AL-00 3610SB-04W-B69-E00 3610SB-05W-B60-E00 09225SA-12N-AL-00 09225SA-12N-ET-00
09225SA-24P-AA-00 09225SA-12L-EA-00 09225SA-24K-EA-00 09225SA-24L-AL-00 09225SA-24M-ET-00
09225SA-12M-AT-00 09225SA-12K-AA-00 09225SA-24M-EL-00 09225SA-12L-AT-00 09225SA-12L-AL-00
09225SA-12L-ET-00 09225SA-24N-AL-00 09225SA-24K-ET-00 09225SA-24N-AA-00 09225SA-12K-AT-00
09225SA-12K-EL-00 09225SA-24K-EL-00 09225SA-12K-EA-00 09225SA-12L-AA-00 09225SA-12N-AA-00
09225SA-12P-EL-00 09225SA-12K-ET-00 09225SA-12N-AT-00 09225SA-24K-AT-00 09225SA-24L-AT-00
09225SA-12M-ET-00 09225SA-12L-EL-00 09225SA-12M-EL-00 09225SA-24M-EA-00 09225SA-24L-AA-00
09225SA-24N-EL-00 09225SA-12K-AL-00 09225SA-24L-EL-00 09225SA-24P-EA-00 09225SA-12M-AL-00
09225SA-24M-AA-00 09225SA-24M-AT-00 09225SA-24N-AT-00 09225SA-12N-EL-00 09225SA-24L-ET-00
09225SA-12N-EA-00 09225SA-24N-EA-00 09225SA-24N-ET-00 09225SA-12M-AA-00 06015GA-12N-AA-00
09225SA-24K-AA-00 3610SB-05W-B39-E00 3610SB-04W-B29-B50 3610SB-04W-B39-E50 3610SB-04W-B59-B50
3610SB-05W-B40-B00 3610SB-05W-B50-BO0 3610SB-04W-B59-E00 3610SB-05W-B29-BO0 3610SB-05W-B49-B50
3610SB-04W-B39-B00 3610SB-05W-B39-B50 3610SB-05W-B49-E00 3610SB-04W-B29-E00 3610SB-05W-B59-
BOO 3610SB-05W-B39-B00 3610SB-04W-B20-E00 3610SB-04W-B39-E00 3610SB-04W-B50-BO0 3610SB-04W-
B40-E00 3610SB-04W-B29-BO0 3610SB-05W-B29-E00 3610SB-05W-B49-E50 3610SB-05W-B59-B50 3610SB-
04W-B59-E50 3610SB-05W-B30-E00 3610SB-05W-B49-B00 3610SB-05W-B50-E00 3610SB-04W-B30-E00
3610SB-04W-B49-E00 3610SB-04W-B50-E00 3610SB-05W-B30-B00 3610SB-04W-B49-BO0 3610SB-04W-B59-B00
3610SB-05W-B29-E50 3610SB-04W-B20-BO0 3610SB-05W-B20-B00 3610SB-04W-B49-B50 3610SB-04W-B49-
E50 3610SB-05W-B39-E50
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