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SERIES

MIL-F-19207 military qualified  
panel-mount fuse holders

Military 
specification

Government 
designation

* Bussmann™ 
series 
commercial 
equivalent

Electrical 
ratings

Fuse family 
accommodated Knob Type

Number 
of poles

Max. panel 
thickness

MIL-F-19207/1 FHL10U HGA-C

30 A, 90-250 V
F02, F03 Clear, neon, F-S

2

1/8”

MIL-F-19207/1 FHL10G —
MIL-F-19207/2 FHL11U HGB-C

1

MIL-F-19207/2 FHL11G —
MIL-F-19207/3 FHL12U HGC Series

F60, F07, F09
Clear, neon, Oct.MIL-F-19207/3 FHL12G —

MIL-F-19207/8 FHL17G1 HKL 20 A, 90-250 V

F02, F03

MIL-F-19207/9 FHL18G1-1

HKX

20 A, 12-22 V

Amber, incandescent, F-S

1/16”

MIL-F-19207/9 FHL18G1-2 20 A, 23-33 V
MIL-F-19207/9 FHL18G1-3 20 A, 34-45 V
MIL-F-19207/9 FHL18G1-4 20 A, 46-60 V
MIL-F-19207/9 FHL18G1-5 20 A, 61-80 V
MIL-F-19207/9 FHL18G1-6 20 A, 81-90 V
MIL-F-19207/9 FHL18G1-7 20 A, 2.5-4 V
MIL-F-19207/9 FHL18G1-8 20 A, 5-7 V
MIL-F-19207/9 FHL18G1-9 20 A, 8-12 V
MIL-F-19207/10 FHN19G† HCM 15 A, 250 V F05, F06

Bayonet
MIL-F-19207/11 FHN20G HTA 20 A, 250 V F02, F03
MIL-F-19207/12 FHL22W† HPF-C 15 A, 250 V F10 Clear
MIL-F-19207/13 FHN23W† HPC-D 30 A, 500 V F60, F09 Screw
MIL-F-19207/16 FHN26G1 HKP 30 A, 250 V

F02, F03

Bayonet
MIL-F-19207/18 FHL29G-1

HGN-CI

30 A, 12-22 V

Amber, incandescent, F-S

2

1/8”

MIL-F-19207/18 FHL29G-2 30 A, 23-33 V
MIL-F-19207/18 FHL29G-3 30 A, 34-45 V
MIL-F-19207/18 FHL29G-4 30 A, 46-60 V
MIL-F-19207/18 FHL29G-5 30 A, 61-80 V
MIL-F-19207/18 FHL29G-6 30 A, 81-90 V
MIL-F-19207/19 FHL30G-1

HGF-C

30 A, 12-22 V

1

MIL-F-19207/19 FHL30G-2 30 A, 23-33 V
MIL-F-19207/19 FHL30G-3 30 A, 34-45 V
MIL-F-19207/19 FHL30G-4 30 A, 46-60 V
MIL-F-19207/19 FHL30G-5 30 A, 61-80 V
MIL-F-19207/19 FHL30G-6 30 A, 81-90 V
MIL-F-19207/20 FHN31G1† HJM 5 A, 250 V F01 Bayonet 1/16”
MIL-F-19207/26 FHN42W HWA-AF 5 A, 125 V FM01 -—

1/8”MIL-F-19207/36 FHN55W HKP/RFI 30 A, 250 V F02, F03 RFI Shield
MIL-F-19207/38 FHL57G — 15 A, 125 V F77A Clear, neon, F-S 2

Designation/description
FHL = Indicating holder
FHN = Non-indicating holder
F-S = Flat-sided knob
G = Drip proof
Oct. = Octagonal knob
U = Unsealed
W = Waterproof

*	 Commercial equivalent part number is for basic design 
reference only, NOT intended to be used as a substitute 
for the military part number.

†	 These government designations are obsolete. Their 
appearance in this table is for historical reference only.
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