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S ey IR 1MATERIALS:HOUSING-NYLON (PA66)UL94 V-0
H I L 'L'L COLOR: NATURAL (WHITE)
2 nl i TERMINAL- BRASS
T 2FINISHES:TERMINAL-TIN THICKNESS 1.27-2.54 MICROMETER OVER
[l NICKEL THICKNESS 2.54 MICROMETER MIN OVERALL

COPPER THICKNESS 1.07 MICROMETER MIN OVERALL
3.PRODUCT SPECIFICATION: PS-87369-0001
4BULK PACK IN PVC BAG WITH 1000 PCS PER BAG
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