LENGTH "XXXX" (SEE NOTE 2 & TABLE 1)
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PT/LC (BAYONET) HEAT SHRINK CENTERED

M/M CONNECTOR OVER FURCATION POINT FIBER #2 (ORANGE)

720 HRS PLATING
N LC/(D) M/M CONN

TABLE 1: WIRING TABLE

CONNECTOR FIBER SIDE A (PT/LC) | SIDE B (LC(D))
KEYS #1 (BLUE) Pin BLUE
#2 (ORANGE) Pin2 ORANGE
TABLE 2
PIN1 PIN2 PART NUMBER AND LENGTH
LENGTH (m) TOLERANCE (m)
[1.00 +0.10/-0
>1.00 TO [12.50 +0.25/-0
>12.50 +2%/-0

NOTES:
1. CABLE IS 2F BO, M/M 50/125, OFNR, BLACK.
2. LENGTH IS SPECIFIED BY 'XXXX' IN PART
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