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SYMBOL DEFINITION MISSING SYMBOLS — D!i@STRAETvUSN/p —] 70NE REVISION HISTORY AUTH | DR [APVD|APVD
l 2
A DIMENSTON_WITHOUT AN INSPECTION REPORT SYMBOL TOTAL NO_OF NO MISSING SYMBOL|1gAP12| R |01 | - | - | - |13956743 - RELEASED AND 13928197 - WAS |417805 |JRL|JRL|JPZ
SCHEMATIC VIEW CABLE FINS © ) DOES NOT REQUIRE INSPECTION, IT MAY BE INSPECT IONS . NUMBER SEPARATE DRAWING
CONTROLLED ON - THE - INDIVIDUAL - COMPONENT DRAWING. REQUIRED l6AULZ2| R | 02 ALL PARTS UPDATED SCHEMATIC VIEW 419319 |APB|JVM|JPZ
USB MINI B USB MINI B CONN DESC COLUMNS; 13935751 - RELEASED
N ~ sazp - 2 175E12| R | 03] - | - ALL PARTS - UPDATED CONN DESC COLUMN;  |419672 |APB|JAA|JPZ
1 . I [ - 1 13973957 - RELEASED:; 13961754 WAS
[0 D _ ( WH I TE ) [ SEPARATE DRAWING
\
2 // \\ // \ 2 2IFEL3] R | 04| - - 15528895 - RELEASED; 13956743 & 13928197 [421497 |CGD|JVM|JPZ
D+ (GREEN]) UPDATED PART AVAILABILITY; ALL PARTS -
3 ; | | 1 3 UPDATED CHART AND SCHEMATIC VIEW
4 : }J DRA I N W I RE \ ) 4 IO9MRI3| R [ 05| - - 15530984 - RELEASED 421711 [JAR|JAR|JPZ
\\ / \\ / IBINI3| R [ 06| - - 33101351 - RELEASED 422988 |APB|JVM|JPZ
5 (N SH I ELD [N 5 04DEL3| R | 07| - - 15530984 - DIM "A™ 1445 WAS 1360 424829 |AMC|JVM|ACB
SHIELD — SHIELD
Y N I9FE14| R [ 08| - - ALL PARTS - (100) WAS 100 +10, ADDED 425612 |AHG|AHG|LMV
OPTIONAL LABEL CONSTRUCTION NOTE
15530984 - DIM A TOL WAS +15/0 AND
UPDATED PART AVAILABILITY
OlJL14| R |09] - - 33169691 - RELEASED 426914 |ORA|JVM|ACB
IBAUL4| R | 10| - - 33186345 - RELEASED 427340 |JVR[JVM|LMV
2IFEIS| R |11 ] - - UPDATED "TOLERANCE CHART"™ AND 33216221 - 429003 |JVR|JVM|ACB
RELEASED
IBMYLS| R | 12| - - 33169691 - UPDATED LVDS CABLE SPEC 429652 |[KYT|KYT|ACB
COMYIS| R | 13| - - 33254394 - RELEASED 429754 |AGC|JVM|ACB
31JLIS| R | 14| - - 33273809 - RELEASED 430375 |JVR|ACB|ACB
LEFT CONNECTOR - SEE CHART LVDS CABLE - SEE CHART RIGHT CONNECTOR - SEE CHART 2orUsl R 1151 - 1 - 33169691 - UPDATED PART AVAILABILITY 230549 INRM Lol AcE
30SEIS5| R | 16| - - 33290628 - RELEASED 430937 |AHG|AHG|LPV
Z2DELIS| R |17 - - 33307909 - RELEASED 431718 |JVR[JVM|LPV
& : : 20JAl6| R | 18] - - 33290628 & 33307909 - UPDATED PART 431911 INRM|JVM|LPV
- AVAILABILITY
H : * @ @ ‘ ‘ e . @ @i O03NO20| R | 19] - - 15528895 - UPDATED PART AVAILABILITY 552903 |LGD|{JAA|JAM
I I
| |
lI'A
1 1
¢ ]
— U 1
L ! = = S
ﬂ R
L]
USB MINI D3 USB MINI D
(2)
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NOTES
I, UNLESS OTHERWISE SPECIFIED AND/OR INDICATED:
DIMENSIONS ARE TO FACE OF VIEW SHOWN AND
AUTOMAT ICALLY ROUNDED BY COMPUTER FOR INSPECTION
(SEE MATH MODEL FOR PRECISE DIMENSIONS). FOR ALL
OTHER DIMENSIONS NOT SHOWN BUT REQUIRED FOR TOOL
BUILD, SEE MATH MODEL FOR PRECISE TOOL PATH DATA.
2. THIS PRODUCT IS NOT CATEGORIZED AS AN APPEARANCE I1TEM, MINOR
IMPERFECTIONS INCLUDING, BUT NOT LIMITED TO, FLOW MARKS, COLOR
BLEMISHES, GATE VESTIGE, AND SOFT FLASH THAT DO NOT AFFECT THE
FIT, FORM, OR FUNCTION OF THE PART ARE PERMISSIBLE PER DPNP-4,7-CS-0l.
3, PART LABEL TO INCLUDE DELPHI P/N-REV. CUSTOMER P/N (IF KNOWN).
SUPPLIER CODE (IF KNOWN) AND MANUFACTURING DATE AS A MINIMUM.
SIZE: 70mm (L) X lé6mm (W)
MATERIAL: PET
FONT: ARIAL
FONT SIZE: 7
4, OPTIONAL LABEL CONSTRUCTION TO INCLUDE CUSTOMER PN (IF AVAILABLE).
CODE BAR, APTIV PN-REV, DATE AND CAPTION ASSEMBLED IN MEXICO
SIZE: 88.9MM (L) X 25.4MM(W) A ———__ [ I\NE DRAWN THROUGH A PART NUMBER ® A P T I V ¢
INDICATES THAT PHYSICAL PARTS ARE NOT AVAILABLE
5. SPECIFICATION ACCORDING TO: O ORDERIRG. CONNECTION SYSTEMS
PART NUMBERS THAT DO NOT HAVE A LINE PRESENT INDICATE
UggAgpég u 200 THAT PHYSICAL PARTS ARE AVAILABLE FOR ORDERING. COPYRIGHT 2012 AWSTRIRVEOMALOLH RIGHTS RESERVED.
FNLAET APTIV SALES TO ASSURE AVATLABILTTY THIS DRAWING 1S THE PROPERTY OF APTIV AND CONTAINS APTIV
SRS UTICTZATION OF THIS DOCUMENT OR 115 RELATED CAD MATH DATA, A8 WELL
P ART DR AW I NG AS COMMUN[CAHOANUTOHFORAINZYATCIOONNT,EN[TS TPOROOHT[HBE[RTSESD DWITHOUT EXPRESS
33307909 | Ol | AA| 13871469 |  LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT | USCAR 999-U-USB-EOl | 13871468 | LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT _ | USCAR 999-U-USB-AOl | M6482201 | 1610 | - | o DATE
33290628 | 01 | AA | 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AQ | M6482201 | 1820 - — — R
33273809 | Ol | - | 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO| 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AO| M648220 | 1415 | +/-15 roor JoRo LEDEZMA 18AP12
3325439 4]0l [ - [ 13871469 | LVDS MINI_B, MALE, CABLE END, CODE E, BLUE, STRAIGHT __ [ USCAR 999-U-USB-EOL _| 13871468 | _LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT _ [ USCAR 999-U-USB-AOL _| M6482201 | 1447 [ - | T BN TR A
3 L o1 ] - 113871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AQ | M6482201 | 1884 - — —
33186345 | 01 | - | 13871649 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AO1 M6482201 | 1562 - s S P
33169691 | Ol | AB | 13871469 |  LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT | USCAR 999-U-USB-EOl | 13871468 | LVDS_MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT _ | USCAR 999-U-USB-AOl | M6482201 | 1517 | - | L ERANC TG, ADDENDOM-2001 |~ SEARATE PATTERNS oF SUBSTANCES OF CONCERN AND RECYCLED
(33101351 |01 | AA | 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-A01 13842431 | 1035 - EATURES MAY BE GAGED SEPARATELY REGARDLESS OF DATUL —
15530984 | 02 | AA | 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AQ 13842431 | 1445 - SEE CHART
C) 15528895 | Ol | AB | 13871469 |  LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT | USCAR 999-U-USB-EOl | 13871468 | LVDS_MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT _ | USCAR 999-U-USB-AOl | 13842431 | 1625 | - | ALL DIMENSIONS ARE IN MILLINETERS
13973957 | 01 | AB | 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AOI 13842431 | 1750 - PROCESS SENSITIVE DIMENSION | FEFERENGE PRAWING NAVE
13961754 | 01 | AC | 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AQ 13842431 | 1650 - S 0w oo n () oo TAXI ASM SUBH DATA
13935751 | Ol | AC| 13871469 | _ LVDS MINI_B, MALE, CABLE END, CODE E, BLUE, STRAIGHT | USCAR 999-U-USB-EOl | 13871468 | _ LVDS _MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT | USCAR 999-U-USB-AOl | 13842431 | 1075 | - | U5 ARE ESTABLISHED o B
1 3] o1 AD] 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AOI 13842431 | 1550 - e —U R I ISV S
" 13928197 | Ol | AE | 13871469 LVDS MINI B, MALE, CABLE END, CODE E, BLUE, STRAIGHT USCAR 999-U-USB-EO! 13871468 LVDS MINI B, MALE, CABLE END, CODE A, BLACK, STRAIGHT USCAR 999-U-USB-AO1 13842431 1515 - o o | 20001 7590 | swoo | PROJECTION SCALE ;iSL J_ :3 C9[35 65 77 11
TOLERANCE UNLEES OTHETWISE SFiECIFIED+ USE MATH Nx -
PART NO |REV|N/P| LEFT CONN LEFT CONN DESC LEFT CONN MATING PART RIGHT CONN RIGHT CONN DESC RIGHT CONN MATING PART LVDS CABLE |p1m Al ToL A NCRTRANERTC, | 1570 | +2070 | #2570 1+ 3070 1 |5 U w0 | ool W or il ol IRl
ANGUL AR TOLERANCE +£° °
16 | 15 | 14 | 13 | 12 | 11 | 10 | 9 8 7 | 6 | 5 4 | 3 | 2 | 1

13956741 -CUSO1-S01/19
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