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Dimensions: mm (in.)
SPECIFICATIONS
Housing Material: PPS
Contact Material: Phosphor bronze 0.2 thick tin plated over nickel
Contact Resistance: 30 mQ max.
Insulation Resistance: | 100 MQ min.
Dielectric Strength: 500V one sec
Operating Temperature:| -55°C~105°C
RoHS Compliant
Available from Mouser Electronics EPD-200883

1-800-346-6873 / www.mouser.com

Specifications are subject to change without notice. No liability or warranty implied by this information. Environmental compliance based on producer documentation.



