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VOSEL = GaAs

VOSEL driver = §i CCMOS)

Bonding wire = Au

Sealing resin: Epoxy

Heat shrinl tubing: Polyolefin CBlack)

BF4-TX-14D3-0. 5V

Receiver plug
(RX)

Housing : LCP (White)

Contact : Phospher bronze CAu plating)
Plate : Phosphor bronze CNi plating)
PD : GaAs

TIAZLA = SiCCMOS)

Bonding wire : Au

Sealing resin = Epoxy

Heat shrink tubing: Polyolefin CBlack)

Suitable
receptacle connector

BF4-RX-1403-0. 5V

®

Optical fiber

Fiber = Silica glass

Outer dia» « 0.5mm
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Table 1 Parts List [5>Table2 Cable length vs tolerance
No Parts nome Details Note Cable length "L’ Tolerance Note
: . L <. n - Please see the other drawing.
Housing : LCP (White ) ; —
& Contoct + Phosphor bronze CAu plating) . 1z$ f t < §$ +5% of cable length 'L |Lacked in ontistatic poly bog
Transmitter plu : i i = indi i
s plug | Plate : Phosphor bronze CNi plating) ceseptacle connecter < o7 carle Tength L] Minding on the spool Chio. 66w

Note 4 Please see design note ETAD-KO671 for more information cbout specificutions.
[2> This is an identification mark for TX side and RX side.
[3> Monufacturer s mark.

[4>Dinention "L" means optical fiber cable length ond 4+

[5>Table 2 shows the tolerance of optical fiber cable length. Please inquire to Hirose sales

value with "L CWnit =+ m

stoff ebout the request of tolerance.
[6 > The optical fiber coating contains less than 1000ppm dibutyltin compounds CDBTY s an
intentionally-doped catalyser. CComply with Reach regurationd

[7>6-digit serial number shall be morked around directed area by Leser marking.

[8>There may be the sliding troce around the contact points, because of the test process
in HRS by moting with inspection connector. CThere is no bad effect for the performanced

in the part number in the same
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