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INDEX|PART NO|DESCRIPTION

MATERIAL |COLOUR

1 C14695

HB - 2X2MX-W

PMMA

Tolerances if not otherwise shown
According to DIN ISO 2768-1

Linear measures:

up to 30mm class M, otherwise class C
According to DIN ISO 2768-2

Form and position: class L
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This drawing is the property
of LEDiL Oy. It may not be
reproduced, copied or
communicated without a written
agreement with LEDiL Oy.
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