f |

2 |

REV.| REMARK

DATE SIGN.

D[ 7707

03/02/°07| LAI

MATERIAL

[

DESCRIPTION

MATERIAL

PLATING

BoDY

ZINC DIE CASTING

NICKEL

INSULATOR

PP UL94V-0

CENTER
CONTACT

PHOSPHOR BRONZE

SELECTIVE PLATING
GOLD & TIN

FIX PIN

BRASS

TIN

GROUND PIN

BRASS

TIN

ELECTRICAL

1.NOMINAL IMPEDANCE  500hm
2.VOLTAGE RATING 500 RMS
3.CONTACT RESISTANCE 10mohm MAX
4.INSULATION RESISTANCE 500Mohm MIN
5. TEMPERATURE RANGE -55°C TO +85°C

BOMAR INTERCONNECT DESC.| BNC R/A JACK ALL METAL 500hm

APPROVED

DESIGNED

TOLERANCE

P/N| 364M595
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