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ERNIPRESS™ D-Subminiature Pressfit Connectors - TMC Series
Socket Connectors

A
Dimensional Drawings B . Ll
Socket Connector # : Ty
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Dimensions (in millimeters)
Socket Connector
Number of A B c D E F G H 1
Contacts 10.3 0.2 10.2 0.2 0.3 $0.2 0.3 10.3 10.2
9 30.8 16.4 25.0 8.0 12.5 11.0 6.3 19.3 10.8
15 39.1 24.7 33.3 8.0 12.5 11.0 6.3 21.5 10.8
25 83.0 38.5 47.0 8.0 12.5 11.0 6.3 41.3 10.8
37 69.3 54.9 63.5 8.0 12.5 11.0 6.3 51.7 10.8
50 67.0 52.5 61.1 10.8 154 11.0 6.3 55.3 136

Ordering Information for Pressfit

Ordering Information Tools - Socket Connectors

TMC-S-._.EE (Pressfit) Numberof | PartNumber: | Part Number:

Performance Class 2 with tin-lead pressfit terminals: 207 Contacts | Uppex Section Lower Section
M 9 471 717
15 471718

9 15 25 37 50 25 471719 473 258

Version with pre-installed non-threaded standoff 37 471 720
044501 044502 044503 044504 044505 50 471 121

Version with pre-installed #4/40 standof
044496 044497 044498 044499 044500

Version with pre-installed #4/40 standoff and #4/40 nut .
Pressfit terminal length is 4. 5mm, with the
04¢506 044507 044508 044509 044510 standoff height at 6.3mm. The effective
AN lez_ngth.througb the PCB of the pressfit ter-
4 LD 90E =@ 3379119 0000b92 528 M minal is 3.95mm.
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