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REPLACES PART #: LDM—102488NI GRENE § RED

PART NUMBER REV.
LDM—154288N|

REV. [ E.C.N. NUMBER AND REVISION COMMENTS |  DATE
ELECTRO-OFTICAL CHARACTERISTICS TA=25C l#=10mA
PARAMETER MIN YP MAX UNTS  TEST COND
PEAK WAVELENGTH 635 (RED) nm

585 (GREEN) nm

FORWARD VOLTAGE (R/G) 20/2.2 25/28 Vi
REVERSE VOLTAGE 5.0 Vr |r=100uA
AXIAL INTENSTTY  (R/6G) 5600,/3900 ped I§=10mA
EMITTED COLOR: RED/GREEN
FACE COLOR: CRAY
SEGMENT COLOR: MILKY WHITE DIFFUSED
LIMTS OF SAFE DPERATION AT 25°C PER CHIP
PARAMETER COLORS MAX UNITS
PEAK FORWARD CURRENT* 150 mA
STEADY CURRENT (R/6) 30/25 mA
POWER DISSIPATION 105 mw
DERATE FROM 25°C -1.2 mi/C
OPERATING, STORAGE TEMP. -4070 +85 T
SOLDERING TEMP. +260 '
2.0mm FROM HODY 3 SEC. MAX
* tcilps MATRIX DETAILL
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*UNLESS OTHERWISE SPECIFIED TOLERANCE IS £0.25mm (+0.0107)

CONFDENTIAL INFGRNATICN
REV. PART NUMBER THE NFORNATION CONTAINED N THIS DOGUMENT IS THE PRUPERTY OF

(OM—134288N1 [EESECECEREEID

IN PART FRON DISCIASURE AND DISSEMNATKIN TO ALL THRD PARTES.

125" 8 x 8§ DOT MATRIX DISPLAY, COLUMN CATHODE, RELABILTY NOTE
OUR MANY YEARS DF EXPERIENCE OATA ACCLNLLATKIN INDICATE
RED/GREEN BICOLOR CHIPS, GRAY FACE WITH WHITE DOTS. THAT SOLDER HEAT IS A WAXIR GAUSE DF EARLY AND FUTURE

FALURE. PLEASE PAY ATTENTION TO YOLR SDLOERING PROCESS.
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