MTMM-114-05-T-Q-225

™ MTMM-124-14-L-5-600

(2,00mm) .0787"
MTMM SERIES

MODIFIED THROUGH-HOLE HEADER

Choice of Specify post
Mates with: single, double or height in (0,13mm)
SPECIFICATIONS [Epea 5 quad row .005" increments

For complete specifications TLE. SMM. MMS.

see www.samtec.com?MTMM

Insulator Material:

Black Liquid Crystal

Polymer TRENO. E11SM
Terminal Material:
Phosphor Bronze
Plating:

Sn or Au over 50p"
(1.27pm) Ni

Current Rating:

3A @ 80°C ambient
Operating Temp Range:

ALSO

AVAILABLE

-55°C to +105°C with Tin;

-55°C to +125°C with Gold P PT:sie In Hol_e

?oHS Compliant: s (Con)t:cr;)ggmgg,
es

Lead-Free Solderable: SOCKET ASP Group.
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Note: Other Gold plating

Note: This Series is -S5&-Q -D

non-standard, non-returnable. ; : : . -~
Due to technical progress, all designs, specifications and components are subject to change without notice,
WWW.SAMTEC.COM
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