Mates with:
CLT, SQT, ESQT, TLE
SMM, MMS, TCSD

Specifications-

H!*TEMP b\

Insulator Material:

Black Liquid Crystal Polymer
Terminal Material:
Phosphor Bronze

Current Rating:

3A @ 80°C ambient
Operating Temp Range:
-65°C to +105°C with Tin;
-65°C to +125°C with Gold
Max Processing Temp:
230°C for 60 seconds
Plating:

NO. PINS
TW e row

PLATING [
OPTION

Specify
LEAD STYLE
from chart below

OAL OAL
(TH) (SMT)

(8,00) 323 -
(9.60) 377
(13,60) 535
(14,10) .555
(15,10) .594

Sn or Au over 50"
(1,27um) Ni

SMT Lead Coplanarity:
006" (0,15mm) max

. _D@m
@FJ?@DFL@

ZDotible = Stacker-Height

ad ‘Row
{(~SMrot avallable)

(17,10) 673 |(15,37) .605
(19,10) .751 [(17,35) .683
(21,10) .830
(11,60) .456
(15,60) 614
(10,08) .397

(28,19) 1.110

—-S = (Styles -01.and -02 not

_20u"(0,51um) Gold post
= Gold flash-on tail

30117(0,76um) Gold post
150“"( [ 8%11,111)\) Tin opn tail

available)

501" (3,81um) :

01 thru 50

=Through Hole

Note:
This Series is non-standard,
non-returnable.
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02 thru 36

=Surface Mount
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=XX’

= Polarized Position

XXX’

= Tail Length

-SM

= Surface Mount
(Omit “Tail Length” Specification)
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