516 SERIES

Rack and Panel Connectors: Metal and Plastic Covers

EOHG

RECTENGULAR+

Features:

+  Available in metal (die-cast zinc finished with grey enamel paint) or plastic (green polycarbonate) material
. Covers with top and side entry cable clamp
. Orientation of clamp on metal covers may be changed by the customer
. Versatile metal cover design permits assembly or disassembly after cabling is complete
. 516 covers also accommodates 519 series connectors
. Screws for securing cover to 516 or 519 series connectors supplied
. RoHS Compliant & UL Certified

Example Part Number: 51 6-230-556
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Cover Identification Code

cover Type ~ ~— "E' —
Cover Size x
Series: i *
516 . 5
Cover Identification Code: N [
230 D
Cover Type ,, .: Description:
1 Plastic Cover, Side Entry Standard Clamp
2 Plastic Cover, Top Entry Standard Clamp - L L
3 Plastic Cover, Side Entry Large Clamp
4 Plastic Cover, Top Entry Large Clamp B e
5 Metal Cover, Side Entry SCREWS FOR SECURING THE
COVER TO THE CONNECTOR
6 Metal Cover, Top Entry ARE SUPPLIED BY EDAC
7 Metal Cover, Large Clamp
Cover Size: Fits Connector:
12 516 Series 120 Pin
20 516 Series 20 Pin and 519 Series 14 Pin PLASTIC COVERS
38 516 Series 38 Pin and 519 Series 36 Pin
LARGE CLAMPS
56 516 Series 56 Pin 0P CABLE ENTRY 38 & 96 PIN SIZE ONLY
90 516 Series 90 Pin SIDE CABLE ENTRY E
Ordering Code Notes A | / .
1) Plastic Covers with Large Clamps are only Available for 38 and 56 Pin Connectors.
2) Metal Covers with side entry may be converted to top entry by removing side plate _ _
and changing clamp orientation N
3) For 90 pin size top entry plastic cover must use P/N:516-230-890. L /—\ J 1
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COVER FOR COVER CLANP W 5 o e e e e
CONNECTOR | MATERIAL SIZE Inch (mm) Inch (mm) Inch (mm) Inch (mm) Inch (mm) Inch (mm) Inch (mm)
PLASTIC 1,605(40.77) 1.190(30.23) | .715(18.16) | .450(11.43) | .450(11.43)
20 PIN METAL | STANPARD |4 539(39.00) 1.325(33.66) | .906(23.01) 1.120(28.45) | .686(17.42) | .446(11. 33) .490(12.45)
PLASTIC | STANDARD| 2.460(62.48) 1.530(38.86) | 1.985(50.42) .910(23 1) | .650(16.51) | .500(12.70)
38 PIN PLASTIC LARGE | 2.460(62.48) | 2.010(51.05) | 1.530(38.86) | 1.985(50.42) | 1.110(28.19) | .650(16.51) | .608(15.44)
METAL | STANDARD| 2.206(56.03) 1.566(39.78) | 1.766(44.86) 875(22.23) | .720(18.29) | .575(14.61)
PLASTIC | STANDARD| 3.052(77.52) 1.530(38.86) 1.985(50.42) .910(23 1) .650(16.51) .500(12.70)
56 PIN PLASTIC | LARGE | 3.052(77.52) | 2.602(66.09) | 1.530(38.86) | 1.985(50.42) | 1.110(28.19) | .650(16.51) | .608(15.44)
METAL | STANDARD| 2.802(71.17) 1.566(39.78) | 1.766(44.86) 875(22.23) | .720(18.29) | .575(14.61)
PLASTIC 3,124(79.35) 2,181(55.40) «250(31 75) .800(20.32) | .B00(20.32)
90 PIN METAL | STANDARDL 54 18(79, 20) 2.718(69.04) | 1.775(45.09) 2.175(55.25) | 1.234(31.34) | .880(22.35) | .900(22.86)
PLASTIC 3.156(80.16) 2.426(61.62) 1.530(38 86) | .800(20.32)
120 PIN VETAL | STANDARD| T 5<80 65) 2.750(69.85) | 2.020(51.31) 2445(62.10) | 1.531(38.89) | 890(22.61) 1.080(27.43)

METAL COVERS

TOP CABLE ENTRY
SIDE CABLE ENTRY
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

EDAC:

516-230-512 516-230-538 516-230-520 516-230-590 516-230-556 516-230-756 516-230-112 516-230-212 516-
230-120 516-230-220 516-230-138 516-230-238 516-230-338 516-230-438 516-230-156 516-230-256 516-230-
356 516-230-456 516-230-190 516-230-612 516-230-620 516-230-638 516-230-656 516-230-690 516-230-738

516-230-890



https://www.mouser.com/edac
https://www.mouser.com/access/?pn=516-230-512
https://www.mouser.com/access/?pn=516-230-538
https://www.mouser.com/access/?pn=516-230-520
https://www.mouser.com/access/?pn=516-230-590
https://www.mouser.com/access/?pn=516-230-556
https://www.mouser.com/access/?pn=516-230-756
https://www.mouser.com/access/?pn=516-230-112
https://www.mouser.com/access/?pn=516-230-212
https://www.mouser.com/access/?pn=516-230-120
https://www.mouser.com/access/?pn=516-230-120
https://www.mouser.com/access/?pn=516-230-220
https://www.mouser.com/access/?pn=516-230-138
https://www.mouser.com/access/?pn=516-230-238
https://www.mouser.com/access/?pn=516-230-338
https://www.mouser.com/access/?pn=516-230-438
https://www.mouser.com/access/?pn=516-230-156
https://www.mouser.com/access/?pn=516-230-256
https://www.mouser.com/access/?pn=516-230-356
https://www.mouser.com/access/?pn=516-230-356
https://www.mouser.com/access/?pn=516-230-456
https://www.mouser.com/access/?pn=516-230-190
https://www.mouser.com/access/?pn=516-230-612
https://www.mouser.com/access/?pn=516-230-620
https://www.mouser.com/access/?pn=516-230-638
https://www.mouser.com/access/?pn=516-230-656
https://www.mouser.com/access/?pn=516-230-690
https://www.mouser.com/access/?pn=516-230-738
https://www.mouser.com/access/?pn=516-230-890

