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NOTE:

* Ethernet transmission possible for lengths up to 45m
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

HARTING:
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09457151572 09457151573 09457151574 09457151575 09457151576 09457151532 09457151552



https://www.mouser.com/harting
https://www.mouser.com/access/?pn=09457151523
https://www.mouser.com/access/?pn=09457151525
https://www.mouser.com/access/?pn=09457151527
https://www.mouser.com/access/?pn=09457151551
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