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THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE PROPERTY OF AMPHENOL CABLES ON REVISIONS
DEMAND. ANY REPRODUCTION OR DISCLOSURE, TO THIRD PARTIES, IN PART OR WHOLE, WITHOUT THE REV. DESCRIPTION DATE | APPROVED
EXPRESS WRITTEN PERMISSION OF AMPHENOL CABLES ON DEMAND IS PROHIBITED. A NEW RELEASE 03/01/07
A1l Add wiring color 16/JAN/2012
A2 Add Length:4.3FT; 5.6FT; 6.6FT; 79FT. 18/APR/2012
h-hoﬁqumaACZOv A3 Add Length:25CM 22/Aug/2016
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SEC A-A LENGTH & P/N Table
PIN OUT:
Inner Layer Code Middle Layer Code Outer Layer Code LENGTH P/N Cable Color
Male Female Color Male Female Color Male Female Color
PIN1 — PIN1 — Black w_nwm — m_nwm| Black PIN51 — PIN51 — Black 25CM+3/-1CM GREY
PIN2 — PIN2 — Brown - — Brown PIN52 — PIN52 — Brown + i | - GREY
PIN3 — PIN3 — Red PIN31 — PIN31 — Red PINS3 — PINS3 — Red 2.5FT +1.2inch | CS-DSDHD78MF0-002.5
PIN4 — PIN4 — Orange PIN32 — PIN32 — Orange PIN54 — PIN54 — Orange 5FT +2inch |CS-DSDHD78MF0-005 GREY
PIN5 — PIN5 — Yellow PIN33 — PIN33 — Yellow PIN55 — PIN55 — Yellow -
PIN6 — PIN6 — M__.mm: PIN34 — PIN34 — M_qom: PIN56 — PIN56 — Ww_qmo: 10FT #3inch [CS-DSDHD78MF0-010 GREY
PIN7 — PIN7 —Blue PIN35 — PIN35 — Blue PIN57 — PIN57 — Blue 44 i _ W
PING — PING — Purple PIN36 — PIN3G — Purple PINSS — PINSS — Purple 25FT #4inch CS-DSDHD78MF0-025 GREY
PIN9 — PINg — Gray PIN37 — PIN37 — Gray PIN59 — PIN59 — Gray 50FT #8inch | CS-DSDHD78MF0-050 GREY
PIN10 — PIN10 — Whie PIN38 — PIN38 — Whie PIN60 — PIN60 — Whie -
PIN11— PIN11 — Pink PIN39 — PIN39 — Pink PIN61 — PING1— Pink 4.3FT #1.2inch | CS-DSDHD78MF0-004.3 [ GREY
PIN12 — PIN12 — Light Green PIN40 — PIN40 — Light Green PIN62 — PIN62 — Light Green "
PIN13 — PIN13— BlackMhite || PIN41 — PIN41 — BlackMhite || png3— PING3— BlackMWhite 5.6FT #1.2inch [CS-DSDHD78MF0-005.6 | GREY
PIN14 — PIN14 — Brown/White | | piN42 — pIN42 — Brown/White | | piNg4 — pING4— Brown/White 6.6FT #2inch |CS-DSDHD78MF0-006.6 | GREY
PIN15 — PIN15— Red/White PIN43 — PIN43 — Red/White PIN65— PIN65— Red/White
PIN16 — PIN16— Orange/White ' PIN44 — PIN44 — Orange/White ' p|Ng6— PIN66— Orange/White 7.9FT #2inch |CS-DSDHD78MF0-007.9 | GREY
PIN17 — PIN17 — Green/White| | PIN45 — PIN45 — Green/White| | PIN67 — PIN67 — Green/White
PIN18 — PIN18 — Blue/White | PIN46 — PIN46 — Blue/White PIN68 — PIN68— Blue/White
PIN19 — PIN19 — Purple/White ' PIN47 — PIN47 — Purple/White PIN69 — PIN69— Purple/White
PIN20 — PIN20 — Red/Black PIN48 — PIN48 — Red/Black PIN70— PIN70— Red/Black
PIN21 — PIN21 — Orange/Black | | PIN49 — PIN49 — Orange/Black | | PIN71— PIN71— Orange/Black >
PIN22 — PIN22 — YelowBlack | PINSO — PINSO — YelowBlack | piN72— PIN72— YellowBiack | HLESS OTHERNISE SPECITED [ EARNO. >Bg¢:o_ Cables on Demand
PIN23 — PIN23 — Green/Blac PIN73— PIN73— Green/Blac ' TOLERANCES ARE:
PIN24 — PIN24 — Gray/Black PIN74 — PIN74— Gray/Black A watts cx»sp%xoia DATE 20 VALLEY ST. ENDICOTT, NY 13760
PIN25 — PIN25 — Pink/Black PIN75— PIN75— Pink/Black J | x ix oxe LF | 22/Augi2016
PIN26 — PIN26 — Pink/Red PIN76— PIN76— Pink/Red K S = : . :
PIN27 — PIN27 — Pink/Blue PIN77— PIN77— Pink/Blue 1 XX XX [CHECKED BA 22/Aug/2016 ASM CBL Deluxe I_Oj Dm:m__&\
PIN28 — PIN28 — Pink/Green PIN78— PIN78— Pink/Green XXX XXX 9 78PIN D-Sub MF
SHIELD — SHIELD—Drain Wire THIRD ANGLE PROJECTION [REsPENG
VGG SIZE_[DWG. NO. REV.
A CS-DSDHD78MF0-XXX A3
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Amphenol:
CS-DSDHD78MF0-010 CS-DSDHD78MF0-002.5 CS-DSDHD78MF0-025 CS-DSDHD78MF0-005



https://www.mouser.com/amphenol-cables-on-demand
https://www.mouser.com/access/?pn=CS-DSDHD78MF0-010
https://www.mouser.com/access/?pn=CS-DSDHD78MF0-002.5
https://www.mouser.com/access/?pn=CS-DSDHD78MF0-025
https://www.mouser.com/access/?pn=CS-DSDHD78MF0-005

