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THIS IS CAD DRAWING, DO NOT REVISE MANUALLY!!!
E
Material:
@ Item a :Terminal body Thermoplastic (UL94 V-0)
@ Item b :Terminal body Thermoplastic (UL94 V-0)
01.0x1.0 @ Item c :Male contact pin: Brass Tin plafed
— @ Item d :Spring clamp: Stainless steel
Electrical
@ Voltage rating: 300V
@ Current rating: 8A
® Wire range:
@ Solid wire(AWG): 12-28
@ Stranded wire(AWG): 12-28
@ Wire strip length: 8-9mm
® Withstanding Voltage: 1.6KV
® Operating femperature: -40°C to +105°C
@ Safefy Approval: CHWUS
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ANYTEK ..o
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PROPRIETOR. PROPERTY OF ANYTEK TECHNOLOGY CO., LTD
Dim A=Nx5.0+1.5 2-6p | +0.20 | +0.20 | #0.20 TITLE | NB 5.0mm series [ With snap-in mounting feet)
Dim B=Nx5.0+3.2 7-12p| #0.25 | +0.25 | +0.25 PARTNO. | NBXxT0x4xxXXG DWGNO. | 6NB00O7 A
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Mouser Electronics
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Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Amphenol:

NB0270840000G NB0370840000G NB0470840000G NB0570840000G NB0670840000G NB0770840000G
NB0870840000G NB0970840000G NB1070840000G NB1170840000G NB1270840000G NB1370840000G
NB1470840000G NB1570840000G NB1670840000G NB1770840000G NB1870840000G NB1970840000G
NB2070840000G NB2170840000G NB2270840000G NB2370840000G NB2470840000G



https://www.mouser.com/amphenol-anytek
https://www.mouser.com/access/?pn=NB0270840000G
https://www.mouser.com/access/?pn=NB0370840000G
https://www.mouser.com/access/?pn=NB0470840000G
https://www.mouser.com/access/?pn=NB0570840000G
https://www.mouser.com/access/?pn=NB0670840000G
https://www.mouser.com/access/?pn=NB0770840000G
https://www.mouser.com/access/?pn=NB0870840000G
https://www.mouser.com/access/?pn=NB0970840000G
https://www.mouser.com/access/?pn=NB1070840000G
https://www.mouser.com/access/?pn=NB1170840000G
https://www.mouser.com/access/?pn=NB1270840000G
https://www.mouser.com/access/?pn=NB1370840000G
https://www.mouser.com/access/?pn=NB1470840000G
https://www.mouser.com/access/?pn=NB1570840000G
https://www.mouser.com/access/?pn=NB1670840000G
https://www.mouser.com/access/?pn=NB1770840000G
https://www.mouser.com/access/?pn=NB1870840000G
https://www.mouser.com/access/?pn=NB1970840000G
https://www.mouser.com/access/?pn=NB2070840000G
https://www.mouser.com/access/?pn=NB2170840000G
https://www.mouser.com/access/?pn=NB2270840000G
https://www.mouser.com/access/?pn=NB2370840000G
https://www.mouser.com/access/?pn=NB2470840000G

