
Holding support equipped with olive drab cadmium dummy
receptacles
Amphenol Socapex 
reference: 809 931

Size 25 receptacle
all codings

Size 23 receptacle
all codings

Size 21 receptacle
all codings

Size 19 receptacle
all codings

Size 17 receptacle
all codings

Size 15 receptacle
all codings

Size 13 receptacle
all codings

Size 11 receptacle
all codings

Size 9 receptacle
A, B, D codings

Size 9 receptacle
N, C, E codings

25

AC
CE
SS
OR
IE
S

TV
-C

TV

Standard crimp and PCB contacts

Sealing plugs

Plastic dust caps 
For protection during transport and storage, 
plastic dust caps are available upon request.

For metallic accessories on
metallic shells only. 
For composite, please consult us.

8 (Coax) 900024 NA
8 (Power) 900029 NA
10 (Power) 10.576225 NA

12 900023 MS27488-12
16 900020 MS27488-16
20 900021 MS27488-20

22D 900022 MS27488-22

Contact
Size

Proprietary No Military No

Above part numbers include standard 500 – cycle finish designation – gold plating over suitable underplate
in accordance with MIL-C-39029.

* For use with RG180B/U and RG195A/U cable. For other size 8, 12 and 16 coaxial contacts please refer to
data sheet E114.    

** For arrangement 21-48 only

For other contacts (coaxial, triaxial, optical termini, PCB, thermocouple), please refer to data sheet E114

For details regarding size 8 piggy back grommets range, please refer to data sheet E114

Version
Pin contacts Socket contacts

Contact Size
Proprietary No Military No Proprietary No Military No

8 (coax)* 900130 M39029/60-367 900140 M39029/59-366
8 (power) 900197

- 900217 -900198-91**
10 (power) 900006 - 900046 -

Standard
12 (coax) 900340 M39029/28-211 900350 M39029/75-416

12 900005 M39029/58-365 900045 M39029/56-353
16 (coax) 900132 M39029/76-424 900142 M39029/77-428

16 900000 M39029/58-364 900040 M39029/56-352
20 900001 M39029/58-363 900041 M39029/56-351

22D 900004 M39029/58-360 900044 M39029/56-348
12 900238-91 - - -

PCB
16 900240-91 - 900263 -
20 900241 - 900251 -
22 900245-91 - 900256 -

Torque value for rear accessories

9 11.30 19 22.60

11 11.30 21 28.30

13 17.00 23 28.30

15 22.60 25 28.30

17 22.60

Shell Size Max. torque value N.m Shell Size Max. torque value N.m
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