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CN NO. DATE SIGN DESCRIPTION
EN-710104~106/2007/01/12]" Cloud Change Nut BABOO40NIOD To BEA00010016.
C | EN-920222~225[2009/02/06] Vicky Update the drawing.
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02:02Meters Notes:
: * @ Important Dimension.
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: * Waterproof Rate:IP67.
99:99Meters * Connector:Black,PU.
Cable Length@:O1~99Meters * Female Pin:Copper Alloy,Gold Plated.
* Cable:UL2464 22AWG*4C+Talcum,Black,
4 Black 2 PVC Jacket,UV Resistant,0D=5.0mm.
3 Blue B /O\* Cable Length Tolerance: 01M:£40mm
e — e
L 1 Brown = ~ : mm
Pin Assignments Conn. Wire Color 1TM~30M:£200mm
Front View Bn Out 31TM~99M:£500mm
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Amphenol:
8-04AFFM-SL7A10 8-04AFFM-SL7A01 8-04AFFM-SL7A05 8-04AFFM-SL7A02



https://www.mouser.com/amphenol-ltw
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