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SIGN| DATE DESCRIPTION APPROVER
A [2010.03.16] Add the 2p mark Jacke
/A [2010.09.01] The design is changed Jacke
THIS IS CAD DRAWING, DO NOT REVISE MANUALLY!!
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| | Material
// w ® Item a Contact pin: Copper Whit Tin plated
o0 CTI'O_Q—G‘ @ Item b Terminal (housing): Thermoplastic (UL94V-0)
=le "
<o “ Electrica
- " @ Voltage rating:125V
CJL) @ Current rating: 4A
©00gooo @ Withstanding Voltage: 1.25KV
// @ Operafing femperature: -40°C to +115°C
@ Soldering temperature: 250°C+10°C/5 Sec
=~ P.CB.LAYOUT @ Safeyt Approval: A -\ e
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VLxxB1x0xxxx G
— " Pb < £0,000ppm
| Poles (RoHS)
0) 04 2x02 Contacts COLOR 0000: "@" Mark
0 ‘ O 1350502 ‘“@ 06 2x03 Contfacts 0 Black (RAL900S) 000A: “ANYTEK” Mark
: 80:02 |+ oo 2 Red (RAL3001/D) Any special item by
48 2x24 Contacts 3 QOrange(RAL2011/P) customer requst.
L Yellow(RAL1018/A) please contact sales
5 Green(RAL6018/T) department.
6 Blue (RAL5015/A)
8 Grey(RAL7035/D)
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Amphenol:

VL04B1500000G VL06B1500000G VLO8B1500000G VL10B1500000G VL12B1500000G VL14B1500000G
VL16B1500000G VL18B1500000G VL20B1500000G VL22B1500000G VL24B1500000G VL26B1500000G
VL28B1500000G VL30B1500000G VL32B1500000G VL34B1500000G VL36B1500000G VL38B1500000G
VL40B1500000G VL42B1500000G VL44B1500000G VL46B1500000G VL48B1500000G



https://www.mouser.com/amphenol-anytek
https://www.mouser.com/access/?pn=VL04B1500000G
https://www.mouser.com/access/?pn=VL06B1500000G
https://www.mouser.com/access/?pn=VL08B1500000G
https://www.mouser.com/access/?pn=VL10B1500000G
https://www.mouser.com/access/?pn=VL12B1500000G
https://www.mouser.com/access/?pn=VL14B1500000G
https://www.mouser.com/access/?pn=VL16B1500000G
https://www.mouser.com/access/?pn=VL18B1500000G
https://www.mouser.com/access/?pn=VL20B1500000G
https://www.mouser.com/access/?pn=VL22B1500000G
https://www.mouser.com/access/?pn=VL24B1500000G
https://www.mouser.com/access/?pn=VL26B1500000G
https://www.mouser.com/access/?pn=VL28B1500000G
https://www.mouser.com/access/?pn=VL30B1500000G
https://www.mouser.com/access/?pn=VL32B1500000G
https://www.mouser.com/access/?pn=VL34B1500000G
https://www.mouser.com/access/?pn=VL36B1500000G
https://www.mouser.com/access/?pn=VL38B1500000G
https://www.mouser.com/access/?pn=VL40B1500000G
https://www.mouser.com/access/?pn=VL42B1500000G
https://www.mouser.com/access/?pn=VL44B1500000G
https://www.mouser.com/access/?pn=VL46B1500000G
https://www.mouser.com/access/?pn=VL48B1500000G

