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Weterproof Rate: [P68, IPGIK.
Connector: PU+GF, Black
Pin: Copper Alloy, Gold Plated.
Screw Nut: Nylon, Black
Quter Mold: PU, Block.
Cable: (B) UL20549, PUR Jacket, Black
(D) UL251T, PVC Jacket, Black.
Rated Voltage: 3 & 4Pin 250V dc. or ac.
S5Pin 60V dc. or ac.
6~12Pin 30V dc. or ac.
Rated Current: 3~5Pin 4A
6~8Pin 2A
[0~12Pin |.5A
Cable Length Tolerance: 0.5+E20mm
01£40mm
02M~05M:460mm
06M~10M: = 100mm
[ [M~30M:£200mm
3IM~99M:£500mm
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| 2P 6 0 26 MSAP I 2ML -SAPFL -SDXXX
10P : MSAPTOML -SAPFL -SDXXX
8P 5.5 2y MSAPOBML -SAPFL -SDXXX
6P PVC 5.0 MSAPOBML -SAPFL -SDXXX
5P 5.1 MSAPOSML -SAPFL -SDXXX
4P 4.8 22 |MSAPOAML-SAPFL-SDXXX
3P 4.5 MSAPO3ML -SAPFL -SDXXX
| 2P 6 0 26 MSAP I 2ML -SAPFL -SBXXX
|0P : MSAPIOML -SAPFL -SBXXX
8P 4.8 24 MSAPOBML -SAPFL-SBXXX
6P PUR 5.0 MSAPOOML -SAPFL -SBXXX
5P 4.4 MSAPOSML -SAPFL -SBXXX
4p 4.0 2?7 |MSAPO4ML-SAPFL-SBXXX
3P 3.8 MSAPO3ML -SAPFL -SBXXX
Cable |Cable
Contacts Jacket oD AWG [tem No.
M SAP XX M L - SAP F L - S X XXX
[;————XXX: 0.5~99Meters
SAP: A-Code Plastic Nut AO?Z 8\& Te*ef
: eter
03: 3Pin 2: 02Meters
04: 4Pin 3
05- 5Pin 99: 99Meters
06: 6Pin
08 8Pin —— B PUR UL20549 Coble,Black(PURB&IMER)
10 |0Pin D: PVC UL25IT Cable,Black(PVC2eiig)
[2: 12P]
" St Screw(#gE)
M: Male Connector (D) L Straiant(180° @)
: raig fai
L: Straight(180°##)
e " F: Female Connector (8&)
SAP: A-Code Plastic Nut
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Amphenol:
MSAPO8BML-SAPFL-SBA05 MSAP04ML-SAPFL-SDAO5 MSAPO5ML-SAPFL-SBAO5 MSAPO5ML-SAPFL-SDA05S

MSAPOBML-SAPFL-SDAO5 MSAPO4ML-SAPFL-SBAOS



https://www.mouser.com/amphenol-ltw
https://www.mouser.com/access/?pn=MSAP08ML-SAPFL-SBA05
https://www.mouser.com/access/?pn=MSAP04ML-SAPFL-SDA05
https://www.mouser.com/access/?pn=MSAP05ML-SAPFL-SBA05
https://www.mouser.com/access/?pn=MSAP05ML-SAPFL-SDA05
https://www.mouser.com/access/?pn=MSAP08ML-SAPFL-SDA05
https://www.mouser.com/access/?pn=MSAP04ML-SAPFL-SBA05

