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& Key Direction

54. 4

457 (C1 Male)

Female Connector Position & Key Di

rection
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45°(C| Female) 2.1

45°(C2 Female)
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X This drawing is common drawing of series products
The figure only shows individual position and key directi
Specific state of Cl,2 connectors depends on part number.
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on of male/female connectors
(see sheet 2/3)

Note:
I[P [P68 (IM/24Hr )
Connector: Thermoplastic
Pin: Copper Alloy
Nut: Metal
Other
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A= AXXX-AXXX-0000-XX

-0l All connectors have the same number of pins.

Cl Connector Type Connector Type
03: 3 pin c 3 pin
04: 4 pin c 4 pin

12012 pin 12 pin

Cl Gender C?2 Gender

M: Male Connector, Male Pin M: Mole Connector, Male Pin
F: Female Connector, Female Pin F: Female Connector, Female Pin
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Color
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Mouser Electronics

Authorized Distributor

Click to View Pricing, Inventory, Delivery & Lifecycle Information:

Amphenol:

IA-A05M-A05M-0000-01 1A-AQ4F-A04F-0000-01 IA-A12F-A12F-0000-01 1A-A10M-A10M-0000-01 IA-AO6M-A06M-
0000-01 |A-AO3F-A03F-0000-01 IA-A03M-A03M-0000-01 IA-A12M-A12M-0000-01 IA-AO4M-A04M-0000-01 |A-
A08M-A08M-0000-01 1A-AD8F-AO8F-0000-01 |A-AOBF-AO6F-0000-01 IA-AOSF-AQ5F-0000-01 IA-A10F-A10F-0000-01



https://www.mouser.com/amphenol-ltw
https://www.mouser.com/access/?pn=IA-A05M-A05M-0000-01
https://www.mouser.com/access/?pn=IA-A04F-A04F-0000-01
https://www.mouser.com/access/?pn=IA-A12F-A12F-0000-01
https://www.mouser.com/access/?pn=IA-A10M-A10M-0000-01
https://www.mouser.com/access/?pn=IA-A06M-A06M-0000-01
https://www.mouser.com/access/?pn=IA-A06M-A06M-0000-01
https://www.mouser.com/access/?pn=IA-A03F-A03F-0000-01
https://www.mouser.com/access/?pn=IA-A03M-A03M-0000-01
https://www.mouser.com/access/?pn=IA-A12M-A12M-0000-01
https://www.mouser.com/access/?pn=IA-A04M-A04M-0000-01
https://www.mouser.com/access/?pn=IA-A08M-A08M-0000-01
https://www.mouser.com/access/?pn=IA-A08M-A08M-0000-01
https://www.mouser.com/access/?pn=IA-A08F-A08F-0000-01
https://www.mouser.com/access/?pn=IA-A06F-A06F-0000-01
https://www.mouser.com/access/?pn=IA-A05F-A05F-0000-01
https://www.mouser.com/access/?pn=IA-A10F-A10F-0000-01
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