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2ok \_NGTE 1 4.35 SEE DETAIL A/ 1.21 BLACK ON REQUEST
3.81
- HOUSING CAN WITHSTAND EXPOSURE TO LEAD FREE WAVE SOLDERING TEMPERATURE OF 260-265°C
. DETAIL A
5.84 . —_— FOR STRAIGHT CONNECTORS AS IT IS USED IN CLASSICAL LEAD WAVE SOLDERING AT 235-250°C
B 8.75 FOR ANGLE CONNECTORS, PROTECTIVE ADHESIVE OR PROTECTIVE METALLIC DEVICE IS TO BE USED
C
- 6.45 AS IN CLASSICAL LEAD WAVE SOLBERING AT 235-250°C
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m m m m m w w m m m w w m m m m m m w ‘m ; - TERMINATION ZONE . Sn (PURE MATTE) OVER Ni
3067 -~ ‘ . CURRENT RATING : ;.BA AT 20°C
INSULATION RESISTANCE : 5000MQ AT 100V
2.54+005 1.0 Q?.ﬁg} ] _ B
CONTACT RESISTANCE : 20mQ
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3| 3|2 E REF. \ 1 OPERATING TEMPERATURE : 255°C TO +125°C
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S NOTES
RIS PCB DRILLING DETAILS -
~|s LOCKING LEVER
DIMENSION
SHORT | LonG 1. LEFT POLARISATION IS NOT PROVIDED FOR 10 & 14 POSITIONS.
SERIES 8613| 010] 2| 1| 14| 3| &| 5| EILF % Max. 2530 | 28.0 2. RIGHT POLARISATION IS NOT PROVIDED FOR 10 POSITION, INSTEAD PROJECTION AS SHOWN IN
No. OF CONTACTS Y Max. 1130 15.0 DETAIL-A WILL BE PROVIDED.
010,014,016,020,024,026,030,034,040,050,060,06 4 7 50 105
YBE OF NSULATOR : : 3. INTERMEDIATE LEGS ARE PROVIDED ONLY ABOVE 20 POSITION.
HEADER WITH CENTRAL POLARISATION FOR ALL PGSITIONS ——=-—-—~ —2 " "
e 10 oSN Tt e oaL PO AeATOn £ MSDE PRORCTION —— 1 OMENSON 4. THE "LF" PROBUCTS MEET EURGPEAN UNIGN DIRECTIVES AND OTHER COUNTRY REGULATIONS AS
METHOD GF MGUNTING POs. 025 0.0 o 01 | pe00s DESCRIBED IN GS-22-008.
WITHOUT LEVERS — oo 0 -0 018 N -0 027
W SHORT BLACK LveRs — T 10 3200 | 27.96 | 2184 | 17.91 | 10.16 5. THE HOUSING WILL WITHSTAND EXPOSURE TO 260°C PEAK TEMPERATURE FOR 3.5 SECONDS IN A
WITH LONG GREY LEVERS —-— oo 3 C
WITH SHORT GREY LEVERS —-——-— —-——-— -~ —— u 16 37.08 | 33.02 | 2692 | 2299 | 15.24 WAVE SOLDER APPLICATION WITH A 1.6 MM MINIMUM THICK CIRCUIT BOARD. —
TERMINATION STYLE
STRAIGHT SPILL LONG (L = 435e038mm o 16 39.62 | 3556 | 29.46 | 2553 | 1778 6. LEAD FREE OR RoHS DIRECTIVE LABELING TO BE PROVIDED AS PER GS-14-920
STRAIGHT SPILL SHGRT (L = 29+0.20M0) — - — - — 24
ANGLED SPILL LONG (L = 4.2:035mm) —-— B 20 44,70 40.6L4 3454 30.61 22.86
ANGLED SPILL SHORT (L = 2820.2nm) ==~ — -~ 2 210 L9.78 L5.72 3967 35 49 27.9L m(]t’l. COde Surche t()lerqnce prOjeCtiOn product mei|y
HOUSING MATERIAL SEE TECH. SPEC. IS0 1302 SO 406 ISO 1101 @—G 8613
PBT GREY — - — - — o — —3
PBT BLACK— - —— - —2 26 o232 4826 k216 38.23 30.48 Itr | ecn no|dr | date tolerances unless otherwise specified title
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AS PER JSS 50810 — @ — o — 8 40 70.10 66.04 59.94 56.01 48.26 E 108-0145 JS | 2008-10-18 |dr MINI K V 2001-12-18 de no sheet 1 of 1 size
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FCI / Amphenol:
86130202323355E1LF 86130262323345E1LF 86130202214345E1LF 86130102114345E1LF
86130108114345E1LF 86130202114345E1LF 86130202314345E1LF 86130262114345E1LF 86130402114345E1LF
86130502114345E1LF 86130202123345E1LF 86130102113345E1LF 86130342114345E1LF
86130102324345E1LF 86130642324345E1LF 86130342114385E1LF 86130602114345E1LF 86130162323345E1LF
86130502324355E1LF 86130402323385E1LF 86130342323345E1LF 86130202324355E1LF
86130262113345E1LF 86130142113345E1LF 86130162324345E1LF 86130162113345E1LF 86130102323345E1LF
86130642114345E1LF 86130502113345E1LF 86130302113345E1LF 86130342314385E1LF
86130502214345E1LF 86130502313355E1LF 86130162113365E1LF 86130502323345E1LF 86130402423365E1LF
86130262323385E1LF 86130342324355E1LF 86130642113345E1LF 86130302424345E1LF
86130262113385E1LF 86130102214345E1LF 86130502123355E1LF 86130342124345E1LF 86130402114355LF
86130202124345E1LF 86130202323385E1LF 86130602214345E1LF 86130202123355E1LF 86130142323385E1LF
86130302114345E1LF 86130342323385E1LF 86130102123355E1LF 86130202113345E1LF
86130302314385E1LF 86130502123345E1LF 86130162114365E1LF 86130602113345E1LF 86130402123355E1LF
86130402113385E1LF 86130502113385E1LF 86130602114385E1LF 86130102113385E1LF
86130162124345E1LF 86130402113345E1LF 86130402324385E1LF 86130142124355E1LF 86130102324385E1LF
86130262114385E1LF 86130262123345E1LF 86130302313385E1LF 86130162114385E1LF
86130142123345E1LF 86130102323385E1LF 86130142113385E1LF 86130162324385E1LF 86130262324355E1LF
86130262314385E1LF 86130342324385E1LF 86130402124345E1LF 86130502323385E1LF
86130262124345E1LF 86130142114385E1LF 86130642114385E1LF 86130342123355E1LF 86130102323355E1LF
86130142114365E1LF 86130102114385E1LF 86130202113385E1LF 86130162114345E1LF
86130202114385E1LF 86130342113345E1LF 86130342113385E1LF 86130402213385E1LF 86130502324385E1LF
86130102314385E1LF 86130142124345E1LF 86130302124345E1LF 86130102124345E1LF
86130602113365E1LF
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